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NOTE,

 

1. GENERAL TOLERANCE : �#�0.3, �#�3�$�

2. CONDITION OF DELIEVERY: DBL PLATE  IN OPEN POSITION.

3. THE MATING HSG. P/N : 936616 (UNIT TYPE)

                   P/N : 1897198 (W TO W TYPE)

4. APPLICABLE CONTACT P/N : 

   MCP 9.5mm REC.; 1-967588-1, MAX INSULATION SIZE :6.5mm

5. MATING & UNMATING FORCE :

    2 POSITION ---> MAX 10Kgf
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