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EB0412-000 BGI6MB 12 [ 6mm?2 38-90AL - 40 |2 5.5 32 32 [1.3514.5]12.5 |22 -
EB0413-000 BGIEMIQ 12 [ 6mm?2 38-90AL - 40 |2 5.5 32 32 [1.3514. 5 12.5]|22 10.4
CG4060-000 BG25MB 12 25mm? 38-90AL - 40 |2 1 32 32 [1.3514. 5 12.5]|22 -
CF2633-000 BG25MIQ 12 25mm? 38-90AL - 40 |2 1 32 32 [1.3514. 5 12.5]|22 10.4
CG4061-000 BG35MB 12 35mm? 38-132AL - 40 |6 8.2 32 32 [1.3514. 5 12.5]|22 -
CF2634-000 BG35MI0 12 35mm? 38-132AL - 40 | 6 8.2 32 32 [1.3514.5]12.5 |22 10.4
CF2635-000 BG35MI? 12 35mm? 38-132AL - 40 |6 8.2 32 32 [1.3514. 5 12.5]|22 13.2
- BG35MI6 12 35mm? 38-132AL - 40 | 6 8.2 32 32 [1.3514.5]12.5 |22 6.6
247158-000 BG40OMI 2 12 40mm? 38-132AL - 40 |6 9 32 32 [1.3514. 5 12.5]|22 13.2
CG4062-000 BG50MB 12 50mm? 38-132AL - 40 |6 9.5 32 32 [1.3514. 5 12.5]|22 -
CG4063-000 BG50MIO0 12 50mm? 38-132AL - 40 |6 9.5 32 32 [1.3514.5]12.5 |22 10.4
CG4064-000 BG50MI 2 12 50mm? 38-132AL - 40 |6 9.5 32 32 [1.3514. 5 12.5]|22 13.2
CG4065-000 BGTOMB 12 710mm? 38-132AL - 40 | 6 I 32 32 [1.3514.5]12.5 |22 -
CG4066-000 BGTOMIQ 12 70mm? 38-132AL - 40 |6 [ 32 32 [1.3514. 5 12.5]|22 10.4
CG4067-000 BGTOMI?2 12 710mm?2 38-132AL - 40 | 6 I 32 32 [1.3514.5]12.5 |22 3.2
EB0416-000 BGT5MI? 16 75mm? 38-1T1T3AL 40-172AL 73 | 21.5]12 60 43 14 4 6 8.8 ] 30 13.2
CG4068-000 BG95MB 16 95mm? 38-1T1T3AL 40-172AL 73 1215013 60 43 14 4 6 8.8 ] 30 -
CG4069-000 BG95MIO ['16 95mm?2 38-1713AL 40-1T72AL 13 215113 60 43 144 6 8.8 | 30 10.4
CF2636-000 BGOSMI 2 16 95mm? 38-1T1T3AL 40-172AL 73 1215013 60 43 14 4 6 8.8 ] 30 13.2
- BG95MI6 16 95mm? 38-1713AL 40-172AL 13 21.5113 60 43 14 .4 6 8.8 | 30 6.6
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CG4070-000 BG120MB 16 [20mm?2 38-1T1T3AL 40-172AL 73 | 21.5[15 60 43 4.4 16 8.8 |30 -
CR5743-000 BGI20MI0 16 [20mm?2 38-113AL 40-1T72AL 13 21.5]15 60 43 4.4 16 18.8 | 30 10.4
CF2637-000 BGI20MI?2 16 [20mm?2 38-1T1T3AL 40-172AL 73 | 21.5[15 60 43 4.4 16 8.8 |30 13.2
CG4072-000 BGI50MB |22 [50mm?2 38-220AL 40-220AL 13 27 16.5]60 49 7.9 |71 24 35 -
CR5744-000 BGI50MI0 122 150mm?2 38-220AL 40-220AL 13 |27 [6.5]|60 49 7.9 17 24 35 10.4
CF2638-000 BGI50MI?2 122 150mm?2 38-220AL 40-220AL 13 |27 [6.5]|60 49 7.9 17 24 35 13.2
CG4074-000 BG185MB |22 [ 85mm?2 38-220AL 40-220AL 13 27 18.5]60 49 7.9 17 24 35 -
CR5745-000 BGI85MI10 122 1 85mm?2 38-220AL 40-220AL 13 |27 18.5]60 49 7.9 17 24 35 10.4
CF2639-000 BGI85MI2 |22 [ 85mm?2 38-220AL 40-220AL 13 27 18.5]60 49 7.9 |7 24 35 3.2
CG4076-000 BG240MB 122 240mm?2 38-284AL 40-283AL 73 | 35 21 60 49 7.9 17 24 35 -
CR5746-00 BG240M10 |22 240mm2 38-284AL 40-283AL 13 35 21 60 49 7.9 |71 24 35 10.4
CF2640-000 BG240M1°?2 122 240mm?2 38-284AL 40-283AL 73 | 35 21 60 49 7.9 17 24 35 13.2
CG4077-000 BG240M16 122 240mm?2 38-284AL 40-283AL 73 | 35 21 60 49 7.9 17 24 35 6.6
CG4078-000 BG300MB |22 300mm?2 38-284AL 40-283AL 13 35 23.5]60 49 7.9 17 24 35 -
CR5747-000 BG300OMI0 122 300mm?2 38-284AL 40-283AL 73 | 35 23.5]60 49 7.9 17 24 35 10.4
CF2641-000 BG30OMI2 |22 300mm?2 38-284AL 40-283AL 13 35 23.5]60 49 7.9 |7 24 35 3.2
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