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EK6027-000 BGSP300M16 160 300mm2 38-284AL 40-283AL 85 23.5 35 60 75 10 50 50 25 16.6 22

EB0428-000 BG400MB 160 400mm2 40-390AL 85 26.5 47 70 75 10 50 50 - - 22

CR5738-000 BG400M10 160 400mm2 40-390AL 85 26.5 47 70 75 10 50 50 25 10.4 22

EB0430-000 BG500M12 160 500mm2 40-390AL 85 29.5 47 70 75 10 50 50 25 13.2 22

EB0429-000 BG500MB 160 500mm2 40-390AL 85 29.5 47 70 75 10 50 50 - - 22

EB0431-000 BG630MB 175 630mm2 40-432AL 85 33.5 54 70 91 10 60 60 - - 26

CR5739-000 BG630M12 175 630mm2 40-432AL 85 33.5 54 70 91 10 60 60 30 13.2 26

EK6028-000 BG630M16 175 630mm2 40-432AL 85 33.5 54 70 91 10 60 60 30 16.6 26

EK6260-000 BG630CM16 175 630mm2 COMPACT 40-490AL 85 31.6 47 70 91 10 60 60 30 16.6 26

EB0432-000 BG800MB 222 800mm2 40-432AL 131 39 54 115 91 10 60 60 - - 26
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2 MN14/10/2016BGSP300M16 & BG630M16 ADDED TO TABLE DG

3 MN18/10/2016BG630CM16 ADDED TO TABLE DG

4 MN18/10/2016BG630CM16 "CCT" CHANGED TO COMPACT DG

 INHIBITOR 
 COMPOUND 4C

CORNERS ROUNDED 

 �n�MINK STAMP 


	Sheet 1
	Views
	FRONT_VIEW
	PLAN_VIEW
	RIGHT_SIDE

	Zones
	A1



