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TE Connectivity

2/3 Corella Close

Berkeley Vale NSW 2261 Australia

B

A

C

E/FD*

TCPN CATALOGUE NO. TYPE
A
mm

(inch)

B
mm

(inch)

C
mm

(inch)

D = MAX 
HEIGHT WITH 
MAX CABLE

mm
(inch)

MIN CABLE
E
mm

(inch)

MAX CABLE
F
mm

(inch)

ER3867-000 CC15-26-INS
CLEATS WITH 
INSERTS

96
(3.78)

60
(2.36)

64
(2.52)

70
(2.76) (0.59) (1.02)

ER3868-000 CC15-26-SN STRUT NUT

ER3869-000 CC15-26-FM FLAT MOUNT

ER3870-000 CC15-26-CM CENTER MOUNT

ER0001-000 CC26-38
CABLE CLEATS
ONLY

 96
(3.78)

60
(2.36)

64
(2.52) 

-
(�n�1.06) (1.65)

ER0002-000 CC26-38-INS
CLEATS WITH 
INSERTS

96
(3.78)

60
(2.36)

64
(2.52) 

70
(2.76) (1.02) (1.5)

ER0003-000 CC26-38-M10 STRUT NUT M10

ER0004-000 CC26-38-SN STRUT NUT

ER0005-000 CC26-38-FM FLAT MOUNT 

ER0006-000 CC26-38-CM CENTER MOUNT

ER0010-000 CC38-50
CABLE CLEATS
ONLY

114
(4.49)

60
(2.36)

80
(3.15)

-
 �n�39
(1.53) (1.97)

ER0011-000 CC38-50-INS
CLEATS WITH 
INSERTS

114
(4.49)

60
(2.36)

80
(3.15)

85
(3.35) (1.5) (1.97)

ER0012-000 CC38-50-SN STRUT NUT

ER0013-000 CC38-50-FM FLAT MOUNT

ER0014-000 CC38-50-CM CENTER MOUNT

ER0018-000 CC50-75
CABLE CLEATS
ONLY

136
(5.35)

65
(2.56)

100
(3.93)

-
(2.00) (3.11)

ER0019-000 CC50-75-INS
CLEATS WITH 
INSERTS

136
(5.35)

65
(2.56)

100
(3.93)

115
(4.53)

 �n�50
(1.97) (2.95)

ER0020-000 CC50-75-SN STRUT NUT

ER0021-000 CC50-75-FM FLAT MOUNT

ER0022-000 CC50-75-CM CENTER MOUNT

ER0026-000 CC75-100
CABLE CLEATS
ONLY

164
(6.45)

70
(2.76)

126
(4.96)

-
(2.99) (3.93)

ER0027-000 CC75-100-INS
CLEATS WITH 
INSERTS

164
(6.45)

70
(2.76)

126
(4.96)

150
(5.90) (2.95) (3.93)

ER0028-000 CC75-100-SN STRUT NUT

ER0029-000 CC75-100-FM FLAT MOUNT

ER0030-000 CC75-100-CM CENTER MOUNT

ER0033-000 CC100-135
CABLE CLEATS
ONLY

200
(7.87)

80
(3.15)

160
(6.30)

-
(3.97) (5.47)

ER0034-000 CC100-135-INS
CLEATS WITH 
INSERTS

200
(7.87)

80
(3.15)

160
(6.30)

190
(7.48) (3.93) (5.31)

ER0035-000 CC100-135-SN STRUT NUT

ER0036-000 CC100-135-FM FLAT MOUNT

ER0037-000 CC100-135-CM CENTER MOUNT
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CCXX-XX  CABLE CLEATS ONLY

CCXX-XX-INS  CLEATS WITH INSERTS

FLAT MOUNT VERSION

CENTER MOUNT VERSION

SUITABLE FOR ANY CENTER MOUNT APPLICATION.
CENTER MOUNTING HARDWARE NOT INCLUDED. 

A RNJS16/08/21CC15-26 DIMENSIONS ADDED

STRUT NUT VERSION

A1 RNJS25/08/22
CC26-38-M10 DIMENSIONS ADDED AND 'D' DIMENSIONS 
UPDATED

STRUT NUT IS FOR 
REPRESENTATION PURPOSES ONLY
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