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BURRS AND SHARP EDGES REMOVED

DIMENSIONS UP TO 30mm..±1.5mm.

HOLE DIA AND LOCATIONS.±0.5mm.

DIMENSIONS OVER 30mm...±5%.

UP TO A MAX OF.........±5mm.SURFACE FINISH 6.3 U.N.O.

DIMS ARE IN mm. DO NOT SCALE 
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TE Connectivity

2/3 Corella Close

Berkeley Vale NSW 2261 Australia

E/F

C

D

A

B

TCPN CATALOGUE NO. TYPE
A
mm

(inch)

B
mm

(inch)

C
mm

(inch)

D = MAX
HEIGH WITH
MAX CABLE

mm
(inch)

MIN CABLE
E
mm

(inch)

MAX CABLE
F
mm

(inch)

ER0070-000 CCT26-38
CABLE CLEATS
ONLY

143
(5.63)

60
(2.36)

107
(4.21)

-
(1.06) (1.65)

ER0071-000 CCT26-38-INS
CLEATS WITH 
INSERTS

143
(5.63)

60
(2.36)

107
(4.21)

115
(4.53) (1.02) 1.50)

ER0074-000 CCT26-38-SN STRUT NUT 

ER0075-000 CCT26-38-FM FLAT MOUNT

ER0076-000 CCT26-38-CM CENTER MOUNT

ER0077-000 CCT38-50
CABLE CLEATS
ONLY

173
(6.81)

60
(2.36)

139
(5.47)

-
(1.53) (2.12)

ER0078-000 CCT38-50-INS
CLEATS WITH 
INSERTS

173
(6.81)

60
(2.36)

139
(5.47)

140
(5.51) (1.5) (1.97)

ER0079-000 CCT38-50-SN STRUT NUT 

ER0080-000 CCT38-50-FM FLAT MOUNT

ER0081-000 CCT38-50-CM CENTER MOUNT 

ER0082-000 CCT50-63
CABLE CLEATS
ONLY

199
(7.83)

65
(2.56)

163
(6.42)

-
(2.12) (2.63)

ER0083-000 CCT50-63-INS
CLEATS WITH 
INSERTS

199
(7.83)

65
(2.56)

163
(6.42)

160
(5.90) (1.97) (2.48)

ER0084-000 CCT50-63-SN STRUT NUT 

ER0085-000 CCT50-63-FM FLAT MOUNT

ER0086-000 CCT50-63-CM CENTER MOUNT 

ER0087-000 CCT63-75
CLEATS WITH 
INSERTS

223
(8.78)

65
(2.56)

187
(7.36)

-
(2.63) (3.11)

ER0088-000 CCT63-75-INS
CABLE CLEATS
ONLY

223
(8.78)

65
(2.56)

187
(7.36)

170
(6.69) (2.48) (2.95)

ER0089-000 CCT63-75-SN STRUT NUT 

ER0090-000 CCT63-75-FM FLAT MOUNT

ER0091-000 CCT63-75-CM CENTER MOUNT 
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CCTXX-XX  CABLE CLEATS ONLY

CCTXX-XX-INS  CLEATS WITH INSERTS

STRUT NUT VERSION

CENTER MOUNT VERSION

SUITABLE FOR ANY CENTER MOUNT APPLICATION.
CENTER MOUNTING HARDWARE NOT INCLUDED. 

FLAT MOUNT VERSION

A1 RNJS30/08/22DIMENSION 'D' UPDATED

STRUT NUT IS FOR 
REPRESENTATION PURPOSES ONLY
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