PART/DRG NO DESCRIPTION
MAGNEF | X MECHANICAL CONNECTOR BODY
CKOTO1-000 \ 25.4 0/D 13.0 1/D - THREADED HALF
( 16mm2 TO 95mm2)
MAGNEF | X MECHANICAL CONNECTOR BODY
CKOT02-000 25.4 0/D 12.8 1/D - COUNTERBORED HALF
( 16mm2 TO 95mm2 )
MI2x!1.5 10 A/F 7.5 LONG BRASS
CKOT04-000 ! SINGLE-SHEAR BOLT WITH FLAT END
MI2x|.5 13 A/F 23.0 LONG BRASS
CKOT05-000 e MULTI-SHEAR BOLT WITH RECESSED END
MI2x!1 .5 13 A/F 34.1 LONG ALUMINIUM
CKOT06-000 ! MID-BOLT ( REMOVABLE )
ALUMINIUM REDUCING INSERT - @12.8 0/D
CKOTO7-000 ! @11.0 I/D 40.5 LONG WITH ORIENTATION LUG
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