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ITEM PART/DRG NO QTY DESCRIPTION

1 CK0701-000 1
MAGNEFIX MECHANICAL CONNECTOR BODY
25.4 O/D 13.0 I/D - THREADED HALF

( 16mm² TO 95mm²)

2 CK0702-000 1
MAGNEFIX MECHANICAL CONNECTOR BODY

25.4 O/D 12.8 I/D - COUNTERBORED HALF
( 16mm² TO 95mm² )

3 CK0704-000 1
M12x1.5 10 A/F 17.5 LONG BRASS
SINGLE-SHEAR BOLT WITH FLAT END

4 CK0705-000 2
M12x1.5 13 A/F 23.0 LONG BRASS

MULTI-SHEAR BOLT WITH RECESSED END

5 CK0706-000 1
M12x1.5 13 A/F 34.1 LONG ALUMINIUM

MID-BOLT ( REMOVABLE )

6 CK0707-000 1
ALUMINIUM REDUCING INSERT - Ø12.8 O/D

Ø11.0 I/D 40.5 LONG WITH ORIENTATION LUG
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Revision Description Name/DMR Date

A FIRST ISSUE BH-00300 16/08/07

B ECR-21-116618 RK 08SEP21

MAGNEFIX MECHANICAL CONNECTOR
25.4 O/D 12.8/13.0 I/D
( 16mm² TO 95mm² )BSMV16/95-MFX  
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