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LABEL AND LINER DESIGN PRESENTATION
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QTY PER SHEET: 20
LABELS ACROSS: 10
100 SHEETS / BAG
TE PN: 5-1768016-7
Kiss cut
All dimensions in mm [INCHES]
MATERIAL CLEAR POLYVINYLCHLORIDE (PVC)
ADHESIVE TYPE PERMANENT ACRYLIC
LINER GLASSINE PAPER
DWN 12DEC2023
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