
All dimensions in mm [INCHES]

DESCRIPTION PART 
NUMBER

LABELS 
PER 

SHEET

LABELS 
ACROSS

MIN CABLE 
DIAMETER

MAX CABLE 
DIAMETER

LABEL WIDTH 
(A)

LABEL HEIGHT 
(B)

PRINTABLE 
AREA HEIGHT 

(C)
NET 

WEIGHT 
(g)

mm Inch mm Inch mm Inch mm Inch mm Inch
BKM-3823-9 5-1768016-4 40 10 3.2 0.125 8.9 0.351 23 0.905 38 1.496 10 0.394 0.26

BKM-7523-9 5-1768016-7 20 10 8 0.313 15.9 0.627 23 0.905 75 2.953 25 0.984 0.52

BKM-7546-9 6-1768016-2 10 5 8 0.313 15.9 0.627 46 1.811 75 2.953 25 0.984 1.20

BKM-15023-9 4-1768016-4 10 10 8 0.313 39.8 1.567 23 0.905 150 5.906 25 0.984 1.03

BKM-15046-9 4-1768016-7 5 5 8 0.313 39.8 1.567 46 1.811 150 5.906 25 0.984 1.84

BKM-23025-9 5-1768016-1 6 6 8 0.313 65.3 2.57 25 0.984 230 9.055 25 0.984 1.52

BKM-23050-9 5-1768016-2 3 3 8 0.313 65.3 2.57 50 1.969 230 9.055 25 0.984 3.03

MATERIAL CLEAR POLYVINYL CHLORIDE (PVC)
ADHESIVE TYPE PERMANENT ACRYLIC
LINER GLASSINE PAPER


