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Typical Part Number p WD 47 -002 e —
1. Basic Series: 287 | \ &5
- WD = DIN mount Protective Relay. (73.0) '
2.Type:
47= Phase Sequence Relay.
3. Control Voltage:
001 = 18 to 54VDC
002 = 13.5t0 32 VDC
003 = 100-200VDC or 100-140VAC.
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