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TUBING DIMENSIONS METRIC
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MATERIAL: SWFR X2 is a 125°C, 600 volt, VW-1 rated, UL recognized and CSA certified 
tubing meeting the requirements of UL 224. It is fabricated from Zerohal flame-retarded crosslinked
modified flexible polyolefin.

COLOR: Black

12.0 12.7 ± 0.3 0.3 6.0 0.56
16.0 16.9 ± 0.4 0.35 8.0 0.69

20.0 21.5 ± 0.5 0.4 10.0 0.77

11.0 11.4 ± 0.3 0.3 5.5 0.56


