9. ELECTRONIC COMPONENTS (3) JANTX IN5618 DIODES PER MIL-A-19500/427.
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DIODES

JANTX IN5618

TEMPERATURE RANGE: -67°F TO 2579F (-559C TO 125°C)
MATERIALS & FINISHES:

HOUS IHGS - THERMO PLASTIC

GROMMET - SILICOUNE ELASTOMER

PIN CONTACT - COPPER ALLOY PLATED GOLD

REQUIRES CONTACT TOOL NO. M15570-20.

SEE ENVELOPE DRAWING NO CTJ-3#-:%0 FOR SUITABLE RAIL ASSYS.
FOR CONTACT DATA SEE ENVELOPE DRAWING 1625-1-0000.
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L—CIRCUIT ARRANGEMENT

THE CIRCUIT IUENTIFICATION WILL BE SCREENED ON JUNCT | ON.

DIMENSTOUNS ARE 110 INCHES, UNLESS OTHERWISE SPECIFIED.
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REVISIONS

s DESCRIPTION

L/C NEW RELEASE PER E.0.A0520
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