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SHORT SEALING GROMMET
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1. MATERIAL: ITEM 1, BODY: 30% GLASS FIELD POLYARLENE.

ITEM 2,  SEAL: FLUOROSILICONE.

2. CABLE ACCOMMODATION: ¢.125/9.185 INCHES (3.20mm/4.70mm)

S. THIS GROMMET IS DESIGNED FOR USE WITH A RAYCHEM SIZE 8 TRI-AXIAL
SOLDERTACT CONTACT. SIMILAR TO DK—-602-0156—-X, DK=602-0156—-N-X,

DK—=602—-0157/—X AND DK—-602—0159—-N—X.

4. PROPER FIT OF GROMMET IS DEPENDENT UPON A SPECIFIC CONNECTOR PRODUCT.
CONSULT RAYCHEM FOR APPLICATION AND USE OF THIS GROMMET.
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