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10 AS910 20.75 18.85
12 AS9T2 2515 25.35
14 AS914 28.35 26.55
16 AS916 31.45 29.65
18 AS918 34.75 52.95
20 AS920 38.15 36.55
22 AS92?2 41.25 39.45
24 ASGZ4 44 55 4275
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