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S 5 WAY SOCKET INSERT COLOUR BAND
SEE NOTE 1 ABBREVIATED PART No.
AND BATCH No.
BEHIND THE COLOUR BAND
SEE NOTE 2
®»3.10+0.20 |
3 WAY AND 5 WAY
NOTES: 3 WAY PIN INSERT 5 WAY PIN INSERT AVAILABLE AS SHOWN

1. CONNECTOR ORIENTATION IDENTIFIED BY COLOUR BAND APPLIED AS BELOW.

N - ORIENTATION = RED

A - ORIENTATION = YELLOW
B - ORIENTATION = BLUE

C - ORIENTATION = ORANGE

D - ORIENTATION = GREEN
E - ORIENTATION = GREY

2. PART MARKING EXAMPLE:

DEUTSCH ASXO023PN RP654321
SERIES PREFIX! [
SHELL STYLE BATCH NUMBER
SHELL SIZE ORIENTATION
CONTACT LAYOUT CONTACT TYPE

3.  FULL PART NUMBER STRUCTURE TO BE USED FOR ORDERING:-
ASX002-03PN-HE

SERIES PREFIXJ T
SHELL STYLE

SHELL SIZE
CONTACT LAYOUT

HARSH ENVIRONMENT
ORIENTATION
CONTACT TYPE

DEUTSCH%?

2 HOLE RECEPTACLE
AS SIZE 2 ENVELOPE

610895-ENV

D 59541 ADH NDL NDL [.GOULDING|07/12/10
C 58839 ADH NDL NDL [.GOULDING| 14/07/10
B 57713 ADH NDL NDL L.GOULDING| 12/10/09
A 56452 ADH NDL KG D.WATTERS | 08/10/09
APP.
ISSUE CHANGE NOTE DRAWN CHECKED APP. ENG. MARKETING DATE

51 \ 3 AND 5 WAY
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