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1. PART No. BREAKDOWN EXAMPLE:- ASHDO024-342205N-025

i

SERIES PREFIX
SHELL STYLE
SHELL SIZE

POWER CONTACT CRIMP BUCKET SIZE
SHELL KEYING: N, A, B, C,D orE
CONTACT TYPE: P=PIN. S=SOCKET

INSERT ARRANGEMENT -3 x SIZE 4 CONTACITS
2 x SIZE 20 CONTACTS

ACONTACT CAVITY IDENTIFICATION, PIN CLOCKWISE, SOCKET ANTI-CLOCKWISE.
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