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DEUTSCH
PART NO.

A�#�.015 B�#�.005 C�#�.003 D�#�.007 E�#�.007 F�#�.007

DIV43x11-xxP/Sx 1.035 .812 .506 .095 .528 .571

DIV43x13-xxP/Sx 1.130 .906 .631 .095 .642 .685

DIV43x15-xxP/Sx 1.224 .969 .756 .095 .764 .811

DIV43x17-xxP/Sx 1.317 1.062 .882 .095 .890 .937

DIV43x19-xxP/Sx 1.443 1.156 1.006 .095 .996 1.044

DIV43x21-xxP/Sx 1.567 1.250 1.131 .125 1.123 1.166

DIV43x23-xxP/Sx 1.693 1.375 1.256 .125 1.248 1.292

DIV43x25-xxP/Sx 1.813 1.500 1.381 .125 1.371 1.418
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CLOCKING X�$� REF Y�$� REF

N 110 250

A 100 260

B 90 270

C 80 280

K 70 290

 
 
3. FOR APPLICABLE KEYING DIAGRAM, AVAILABLE INSERT ARRANGEMENTS AND PANEL CUTOUT
   DIMENSIONS SEE MIL-DTL-38999 SERIES IV & ENVELOPE DRAWING NUMBER 1225-201-0000.
 
2. GENERAL SPECIFICATIONS:THIS CONNECTOR MEETS THE PERFORMANCE AND INTERMATEABILITY
   REQUIREMENTS OF MIL-DTL-38999, SERIES IV.
 
   MATERIAL/FINISH: SHELL - ALUMINUM ALLOY, NICKEL PLATED.
                    CONTACTS - COPPER ALLOY, GOLD PLATED.
                    INSERTS - SILICONE ELASTOMER AND RIGID DIELECTRIC PLASTIC.
 
NOTES: UNLESS OTHERWISE SPECIFIED.

EXAMPLE OF PART NUMBER:

BLUE COLOR BAND

DIV  43  x  xx  -  xx  x  x - xxxx

MODIFICATION
 
POLARIZING POSITION
(EXAMPLE N = NORMAL)
 
CONTACT STYLE 
(P = PIN OR S = SOCKET)
 
INSERT ARRANGEMENT
(PER MIL-STD-1560)
 
SHELL SIZE
 
CLASS E WITH MOD-023=OLIVE DRAB CADMIUM
CLASS E=NICKEL
CLASS G=SAME AS E EXCEPT SPACE GRADE 
 
SHELL STYLE
RECEPTACLE
BOX MOUNT
 
CONNECTOR SERIES
(DEUTSCH MIL-DTL-38999, SERIES IV)
 

MASTER KEYWAY BLUE INDICATOR
STRIPE

SIZE 11 THRU 21

SIZES 23 AND 25 ONLY
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