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4.951 .050
[125.76 1.27]

2.966 .050
[75.34 1.27]

4X R.600
[15.24]

2.291 .075
[58.19 1.90]

CONTACT
SIZE

MIN. INSUL.
O.D. [mm]

MAX. INSUL.
O.D. [mm]

WIRE RANGE
[mm²] REF ONLY

4
.261

[6.629]
.292

[7.417]
6 AWG
[13.0]

8
.135

[3.429]
.220

[5.588]
8-10 AWG
[8.0-5.0]

12
.097

[2.464]
.158

[4.013]
12-14 AWG
[3.0-2.0]

16
.053

[1.346]
.120

[3.048]
14-20 AWG
[2.0-0.5]

8   SEE SHEET 2 FOR OTHER KEY ARRANGEMENTS.
 
7   MATERIAL: RECEPTACLE: PA66 GF; SEAL/GROMMET: VMQ;
              THREADED INSERT: STEEL.
 
6   WIRE ROUTER CAP IS INCLUDED WITH RECEPTACLE (-L018).
 
5.  THIS RECEPTACLE MATES WITH DRB16-102S*E-**** PLUG
    (*=A,B,C,D KEYS; **** = ALL MODIFICATIONS. CONSULT FACTORY FOR MODS)
    
4   FOR CONTACTS AND WIRE PERFORMANCE AND APPLICATION
    CHARACTERISTICS SEE INFORMATION DRAWING 0425-015-0000.
    
3.  ITEMS SOLD SEPARATELY: SECONDARY LOCKS: WB-51P*R AND WB-51P*L
                           INTERFACE FLANGE: DRBF-1*
 
2.  DELETED.
 
1.  DELETED.

NOTES: UNLESS OTHERWISE SPECIFIED
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DRB12-102PAE-L018
KEY: A

4X KEYWAY

DRB12-102PBE-L018
KEY: B

4X KEYWAY

DRB12-102PCE-L018
KEY: C

4X KEYWAY

DRB12-102PDE-L018
KEY: D

4X KEYWAY

- SEE SHEET 1 - - -
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