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8   SEE SHEET 2 FOR OTHER KEY ARRANGEMENTS.
 
7   FLANGE SEAL (0510-014-2406) IS SOLD SEPARATELY.
 
6   SURFACE FINISH: 32 RMS OR BETTER; 
 
5.  THIS RECEPTACLE MATES WITH DRC16-24SX-XXXX PLUG; (X=A,B,C,D KEYS)
    (XXXX = ALL MODIFICATIONS).  CONSULT FACTORY FOR MODS.
 
4.  CONTACT PLATING - MATING AND SOLDER CUP SIDE: TIN.
 
3.  MATERIAL - HOUSING: PLASTIC; SEAL: RUBBER; THREADED INSERT: STEEL.
 
2.  RECEPTACLE IS SUPPLIED WITH DUST CAP (NOT SHOWN).
 
1.  DIMENSION TOLERANCE: �#�.025 [.64];  CUTOUT: �#�.010 [.25].

NOTES: UNLESS OTHERWISE SPECIFIED
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