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DRC26-24SA DRC26-24SB

5.  MATERIAL: HOUSING: PA46 30% GF (BLACK); BOLT: STEEL, TRIVALENT ZINC PLATED (ROHS COMPLIANT);
              CLIP: STEEL;  GROMMET: VMQ
 
 
4.  THIS PLUG MATES WITH DRC23-24P*-**** RECEPTACLE.
    (* = A,B,C,D KEYS; **** = ALL MODIFICATIONS)
 
    FOR CONTACT AND WIRE PERFORMANCE AND APPLICATION 
    CHARACTERISTICS SEE ENVELOPE DRAWING 0425-015-0000.
 
2.  RECOMMENDED RETAINING BOLT TORQUE: 25-28 IN-LB [2.82-3.16 NM].
 
 

     

1.  PLUG IS SUPPLIED WITH DUST CAP (NOT SHOWN).
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