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3. PART NO. DT6S-BT-BK
2. TEMPERATURE RATING: -29°C TO +100°C [-20°F TO +212°F]

1. THIS PART IS USED ON DT06-6S PLUG WITH ANY MODIFICATION
THAT DOES NOT INCLUDE AN END CAP.
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