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4   RECOMMENDED SCREW: 2-28 [M2.26X0.91].
    PLASTITE 48, SINGLE HELIX.
 
3.  THE RECEPTACLE MATES WITH DT06-4S-XXXX PLUG
    AND W4S WEDGE LOCK (XXXX = ALL MODIFICATIONS).
 
2   PIN PLATING: MATING SIDE: GOLD (RoHS)
                 PCB SIDE: GOLD (RoHS)
 
1   MATERIAL:   RECEPTACLE - PA46 GF30 (BLACK)
                PINS - COPPER ALLOY. 
 
NOTES: UNLESS OTHERWISE SPECIFIED
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