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COLOR BAND (BLUE)
B THREAD

/5\ FOUR FLATS FOR SHELL SIZES 9 - 1T,
CIGHT FLATS FOR SHELL SIZES 19 - 25.

4. FOR APPLICABLE KEYING DIAGRAM, SEE MIL-DTL-38999.
FOR INSERT ARRANGEMENTS, SEE MIL-STD-1560. <::>

3. GENERAL SPECIFICATIONS: THIS CONNECTOR [S [INTERMATEABLE
WITH MIL-DTL-38999 SERIES 11, AND IS DESIGNED USING SIMILAR
MATERTALS AND PROCESSES AS OUR QUALTFITED 38999 PRODUCTS.

2. MATERTAL / FINISH: SHELL - ALUMINUM ALLOY/ SEE PART NUMBER EXAMPLE
COUPLING RING - ALUMINUM ALLOY/ SEE PART NUMBER EXAMPLE.
RESTLIENT INSERTS - STLICONE ELASTOMER.
PLASTIC INSERTS - THERMOPLASTIC.
CONTACTS - COPPER ALLOY/
GOLD PLATED,

[ ALL DIMENSTONS ARE [N INCHES UNLESS OTHERWISE
SPECTFIED. THREAD CALLOUTS ARE METRIC.
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A REVISED PER E.O. C8206 110510 RB
B UPDATED PER ECO-14-008850 140506 CB | EA
C UPDATED PER ECN-24-255382 240311 SA | DM

— MODIFICATION
KEYING POSITION
N = NORMAL, A, B, C, D &L

CONTACT STYLE

SHELL STYLE

26 = PLUG

P= PIN S = SOCKET A -
= 1500 CYCLES - PIN J =
INSERT ARRANGEMENT
SHELL STZE
CLASS F = NICKEL
G = NICKEL SPACE GRADE ‘E"
T = TEFLON NICKEL
W = OLIVE DRAB CADMIUM
[ = LINC NICKEL

CONNECTOR SERTES

DEUTSCH MIL-DTL-38999 SERIES 111

LESS PIN

B = LESS SOCKET

1500 CYCLES - SOCKET <::>

PART NUMBER SIZE Db MAX B THREAD
DTS26x%09-xxP/Sx 09 858 MI2XT.0-6g 0.100R
DTS26x 1 -xxP/Sx || 984 MISXT.0-6g 0.100R
DTS20 13-xxP/Sx 13 Ny MI8XT.0-6g 0.100R
DTS26x15-xxP/Sx 5 279 M22X1.0-6g 0.100R
DTS20 1 T-xxP/Sx N 1. 405 M25XT.0-6g 0.100R
DTS26x19-xxP/Sx 9 515 M28X1.0-6qg 0.100R
DTS26x21-xxP/Sx 2| . 64] M3TXT.0-69 0.100R
DTS26x23-xxP/Sx 23 . 768 M34XT.0-6g 0.100R
DTS26x25-xxP/Sx 25 . 889 M3TXT.0-6g 0.100R
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