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SECTION A-A

Z{EXMATERIAL: RECEPTACLE HOUSING: PA46 GFT10 (GREY, BLACK, BROWN)

AN

NDIVIDUAL BAG.

SECONDARY LOCK: PAee GFI10 (BLUE)
PROTECTIVE COVER: PA66 GF15 (BLACK)
ECONDARY LOCK, PROTECTIVE COVER AND HOUSING ARE SHIPPED LOOSE
FOR INSTALLATION; SEE APPLICATION SPEC 114-1510

ZZEXCABLE SEAL NOT INCLUDED. SEE TABLE FOR SEAL SELECTION.
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INTERNAL PN

DEUTSCH PN

DTSKO4-1-08PA

DTSKO4-1-08PA

DTSKO4-1-08PB

DTSKO4-1-08PB

DTSKO4-1-08PC

DTSKO4-1-08PC

TC INTERNAL | DEUTSCH MIN INSUL | MAX INSUL | CABLE SEAL THIS DRAWING IS A CONTROLLED DOCUMENT. OV TOTANZ012
PN PN 0D oD COLOR A GHANEL A O] " TE TE Connectivity

2089241-1 | WS-25-001 | 8.17 [.3221 | 9.66 [.380] 3LUE OTRERSONS e ness LA GRATLIHAROUA

2289242 WS-32-001 | 9.49 [.374]1 | 10.52 [.414] RED om LINCHEST ) AR UL L E%ipgé%g EMM

20892431 | WS-35-001 | 10.59 [ 4171 | 11.59 [.456] GREEN ec 32 108-151027
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SEE SHEET 1

ACABLE SEAL

ACRIMPING /ONE
/Neoner

CONTACT CABLE
/\” SUBASSEMBLY

CONTACT INSTALLATION

&. FOR FLANGE MOUNTING SEE DTSKF-1. THIS DRAWING IS A CONTROLLED DOCUMENT. |DPWN 19JANZ201?

RECEPTACLE INSTALLS INTO FLANGE USING 1/4 TURN. A GHANEL A O] -=TE TE Connectivity

AFOR CABLE O.D. SEE APPLICATION SPEC 114-151028 P o g L  EI AT
U " mm [ INCHES) L LR WoODRIFT RECEPTACLE, 8MM
AFOR PROTECTIVE COVER SEE 1028-047-08005. 1 pLC ) DTSK SERIES
@ L 2 108-151027
53 PLC + APPLICATION SPEC

AFOR CONTACT AND CRIMP INFORMATION SEE APPLICATION i it 1008 STIE T Cror Coot oAV 1O TS

SPEC T14-151039. MATERTAL FINISH WEIGHT — L

NOTES: i 22,29 |A 3 4AFUB|C=DTSKO4-1-08PX
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