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Dimensions
Product O amin. | Wl amin. | Wb | W2 bomin. | UOM: Roll of Length, P (feet)
Description Cinch) Cinch) min Cinch)
(inch)
HVBT-1-R-01(B8&) | 0.014 0.027 0.034 2D
HVBT-72-R-01(B4) ? 0. 014 0.027 0. 034 24
HVBT-4-R-01(B2) 4 0.014 0.027 0.034 2D
Dimensions
Product 0 a min Wioamin, | Wb | W2 b min. JOM: Roll of Length, P (m)
Description (mm) (mm) min (mm)
(mm)
HVBT-12-A(B10) 2D 0.38 0.56 0.86 | 0
HVBT-14-A(B10) 50 0.38 0.56 0.860 | 0
HVBT-16-A(B10). 100 0.38 0.56 0.86 | 0
TCPN DESCRIPTION
Notes: CMB6539-000 HVBT-1-R-01(B8&)
CP8406-000 HVBT-2-R-01(B4)
| -~ AS SUPPLIED, b = FREE RECOVERY.
’ ’ CMe541-000 HVBT-4-R-01(B7)
2. PARTS SHALL BE KITTED WITH PI1-53290 CM6536-000 HVBT-12-A(B10)
CSH57272-000 HVBT-14-A(B10)
3. ALL OTHER INFORMATION CAN BE FOUND ON THE DATASHEET EPP-2660-10/18-EN
CM6538-000 HVBT-16-A(B10)
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