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TCPN NUMBER SREA (mm2) STRAND | NG STUD ST/E CRIMPING DIE
A B C D F G
BMI905-000 |BG25M8 25 19/1.35 M8 12 27 45 27 37 | 38-90AL
EBO414-000 |BG3OMIZ2XO0 | 30 NA MI?2 17 27 45 27 37 8 38-132AL
BMI906-000 |BG35MB 35 19/1.53 M8 17 27 45 27 37 8.2 |38-132AL
C33193-000 |BGAOMIZ2XO0 | 40 NA MI? 17 27 45 27 37 9 38-140AL
BMI907-000 |BGHOMS 50 [9/1.78 M8 17 27 45 27 37 9.5 |38-132AL
Co1981-000 |BGEOMIZXO | 80 NA MI? |16 30 b 30 60 |2 |38-220AL, 40-220AL
[00472-000 [BGYSMIZ2X03 95 30118 MI?2 16 30 6 30 60 I3 [38-173AL, 40-112AL
943858-000 |BGI8OMI? 180 NA MI? |72 35 | 35 60 18 [38-231AL, 40-231AL
EB0423-000 |BG210M]? 210 NA MI? |72 35 | 35 60 9.5 [38-250AL, 40-250AL
EB0426-000 |BG258MI? 258 NA MI?2 |72 35 | 35 60 27,7 |38-284AL, 40-283AL
BMA843-000 [BG30OMI2X0 | 300 61/72 57 MI? |77 35 | 35 60 247 |38-284AL, 40-283AL
BMI904-000 [BG30OMI6 300 o6l1/72 57 M6 |77 35 | 35 60 23.5 |38-284AL, 40-283AL
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B CATALOGUE CONDUCTOR | CONDUCTOR
TCPN NUMBER AREA (mm?) | STRANDING STUD SIZE | CRIMPING DIE
CH8468-000[BGA400OMI6XO | 400 61/2. 85 M1 6 40-390AL
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