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DIE

DIMENSIONS (mm) CRIMPING 
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C73715-000 CKR16-6 16 - 6 55 24 5.5 38-63CU 24 3.7 38-44CU

C73740-000 CKR16-10 16 - 10 55 24 5.5 38-63CU 24 4.7 38-57CU

E17469-000 CKR25-6 25 - 6 56 24 7 38-77CU 24 3.7 38-44CU

A31183-000 CKR25-10 25 - 10 56 24 7 38-77CU 24 4.7 38-44CU

A63680-000 CKR25-16 25 - 16 56 24 7 38-77CU 24 5.5 38-63CU

D54006-000 CKR35-10 35 - 10 56 24 8.5 38-92CU 24 4.7 38-57CU

A91122-000 CKR35-16 35 - 16 56 24 8.5 38-92CU 24 5.5 38-63CU

D71435-000 CKR35-25 35 - 25 56 24 8.5 38-92CU 24 7 38-77CU

F94206-000 CKR50-16 50 - 16 58 24 9.4 38-104CU 24 5.5 38-63CU

A97062-000 CKR50-25 50 - 25 58 24 9.4 38-104CU 24 7 38-77CU

D01487-000 CKR50-35 50 - 35 58 24 9.4 38-104CU 24 8.5 38-92CU

A87067-000 CKR70-25 70 - 25 58 24 11 38-115CU 24 7 38-77CU

E88302-000 CKR70-35 70 - 35 58 24 11 38-115CU 24 8.5 38-92CU

C43777-000 CKR70-50 70 - 50 58 24 11 38-115CU 24 9.4 38-104CU

CZ0892-000 CKR85-70FL 85 - 70 60 25 13 38-142CU 24 11.5 38-115CU

E62916-000 CKR95-25 95 - 25 60 25 13.4 38-142CU 24 7 38-77CU

A37955-000 CKR95-35 95 - 35 60 25 13.4 38-142CU 24 8.5 38-92CU

D28278-000 CKR95-50 95 - 50 60 25 13.4 38-142CU 24 9.4 38-104CU

F14287-000 CKR95-70 95 - 70 60 25 13.4 38-142CU 24 11 38-115CU

F01641-000 CKR120-50 120 - 50 75 38 14.7 38-165U 24 9.4 38-104CU

C58176-000 CKR120-70 120 - 70 75 38 14.7 38-165U 24 11 38-115CU

E74129-000 CKR120-95 120 - 95 75 38 14.7 38-165U 25 13.4 38-142CU

CR8334-000 CKR150-35 150 - 35 77 38 16.3 38-183CU 24 8.5 38-92CU

D58277-000 CKR150-70 150 - 70 77 38 16.3 38-183CU 24 11 38-115CU

A37981-000 CKR150-95 150 - 95 77 38 16.3 38-183CU 25 13.4 38-142CU
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CL1286-000 CKR150-95X03 150 - 95 80 33 16.3 38-183CU 33 13.4 38-142CU

F94275-000 CKR150-120 150 - 120 90 38 16.3 38-183CU 38 14.7 38-165U

641384-000 CKR185-65 185 - 65 90 38 18.4 38-200CU 38 11 38-115CU

225236-000 CKR185-70 185 - 70 77 38 18.4 38-200CU 24 11 38-115CU

D64054-000 CKR185-95 185 - 95 77 38 18.4 38-200CU 25 13.4 38-142CU

D87363-000 CKR185-120 185 - 120 90 38 18.4 38-200CU 38 14.7 38-165U

D11495-000 CKR185-150 185 - 150 90 38 18.4 38-200CU 38 16.3 38-183CU

437298-000 CKR185-161 185 - 161 90 38 18.4 38-200CU 38 17 40-185CU

CM6113-000 CKR210-105 210 - 105 100 42 20
38-231CU, 
40-231CU 

42 14
38-183CU, 
40-185CU 

F27535-000 CKR240-120 240 - 120 98 42 21.1
38-231CU, 
40-231CU 

38 14.7 38-165U

BM2480-000 CKR240-125F 240 - 125 117 48 21.2
38-231CU, 
40-231CU 

52 16.5 38-165U

D98239-000 CKR240-150 240 - 150 98 42 21.1
38-231CU, 
40-231CU 

38 16.3 38-183CU

A51124-000 CKR240-185 240 - 185 98 42 21.1
38-231CU, 
40-231CU 

38 18.4 38-200CU

D48295-000 CKR300-150 300 - 150 98 42 23.4
38-260CU, 
40-260CU 

38 16.3 38-183CU

430394-000 CKR300-185 300 - 185 98 42 23.4
38-260CU, 
40-260CU 

38 18.4 38-200CU

662486-000 CKR300-240 300 - 240 101 42 23.4
38-260CU, 
40-260CU 

42 21.1
38-231CU, 
40-231CU  

EA7280-000 CKR500-225 500 - 225 122 59 29.7 40-310CU 42 21.1
38-231CU, 
40-231CU  

ED4458-000 CKR630-161 630 - 161 122 59 33.4 40-370CU 38 16.9 40-185CU

CF9475-000 CKR630-400 630 - 400 143 59 33.4 40-370CU 59 26.9 40-281CU

CL5180-000 CKR800-630 800 - 630 185 90 39 40-432CU 60 33.5 40-370CU
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