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LB—20—-210 Load Break . R
Ordering Formula
FLB—25— 1 2 S =
1 | CURRENT RATING TEST POINT CODE = Jacket Sealing
200 = 200 AMP WITHOUT test point Code | Type
: Blank No Jacket Seal
210 = 210 AMP WITH test point
ES Integral Jacket Seal
2 Cable Insulator O.D. Range
Code Inches Mm
B /2 — .88 18.5 — 22.4
BB .85 — 1.07 21.0 — 25.7
C 92 — 1.08 25.4 — 2/.4
D 1.04 — 1.20 295.4 — 50.5
3 Compression Lugs | Conductor
Size (Aluminum or Copper)
Code | Str/ Comp | Compact Solid
2 2 1 1
10 1/0 2/0 2/0
20 2/0 3/0 3/0
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