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LABEL BUILD DETAIL
suBsTRATE All dimensions in Inches [mm]
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MATERIAL THERMAL TRANSFER PRINTABLE PAPER
ADHESIVE TYPE ACRYLIC PERMANENT
NOM THICKNESS 0.07 MM [.003 INCH]
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