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Cable cross section mm? L: Min. Length mm |L: Max. Length mm
1.9-0 500 550
10—-50 550 /50
55—150 400 950
95—-3500 450 1500
NOTES:

1. MATERIAL: JACKET — CROSS LINKED POLYOLEFIN BASED; COLOUR: BLACK
2. CONTINUOUS USE TEMP: —40° C TO 85" C
5. MIN RECOVERY TEMP 120° C
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PRODUCT SPEC

APPLICATION SPEC

LOW VOLTAGE HEAT SHRINKABLE JOINTS
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