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Technical Darag
Consftruction

Material socket ... .. PA GF RAL 1003, UL 94 VO
Material button. ... ... . PA GK RAL 3000, UL 94 HB
Proftection inferiar ... ... ... P67 IEC 60529
................................ IPOKOK  |EC 60529
connectorun mated condtion) . P67 IEC 60529
Shock resistance................ . ISO 16750-3; 50g/ 6ms half sinus
Vibration resistance.................. . ISO 16750-3; Test VI
Climafic resistance............................................ IEC 60066-2-38
Chemical resistance.............................. ... ISO 16750-5; Code Z
Temperature range ... -40°C fo +85°C
Tarque M30x15 max.. ... 6 Nm
Welgnt ca. 70g
Mechanical Data
Locking tuntoresetl EN 60947-5-5
Paositive apening operaftioniNo, ... EN 60947-5-1
Operating force max. ... 20-50 N
Torque kNoB Max. ... 3 Nm
Current carrying party ... Cu-Allay A
Contact material ... Ag-Alloy il
Mechanical lfe ... 40 000 cycles
Clectrical Data
Valtage range ... ... 9VDC fo 32VDC
Nominal voltage ... ... ... ... ... ... 12vDC /7 24VDC
Dielectric withstanding valtage ................ ... 1050 VAC for 1 min.
confact resistance ... max. 50 mOhm
Insulation resistance..................... ... > 100 MOhm at 500 VDC
Confinuous current ... ... 10mA fa 8A
Current Max. .. 101 A
Switching capacity min. ... 12 VDC, 10mA
Electrical life
at 8 A/ 28 VDC ohmic load ........................ 10 000 cycles . 2
al 5 A/ 28 VDC ohmic load ...................... 40 000 cycles T
at 2 A/ 28 VDC ohmic load ... .............. . .. 40 000 cycles
Short circult protection ... .. Automofive fast-acting fuse 10A
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