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Technical Data

Construction

Material socket ... PA GF RAL 1003; UL 94 VO
Material bufton.................... .. - PA GK  RAL 3000, UL 94 HB
Protection inferior ... ... ... ... P67 IEC 60529
................................ IP6KOK  IEC 60529
connectorn mated condition, ... P67 IEC 60529
Shock resistance................ . ISO 16750-3; 50g/ 6ms half sinus
Vibration resistance.................................. ISO 16750-3; Test VI
Climatic resistance. ... ... ... IEC 60068-2-38
Chemical resisfance.............. ... ISO 16750-5; Code Z
Temperature rande ......... ... -40°C to +85°C
Tarque M30x15 Max. ... ... 6 Nm
Weignt. approx. 72g
Mechanical Data
Locking turntoreseh oo EN 60947-5-5
Positive opening operaftion®No ... EN 60947-5-1
Operafing forCe MaX. ... ... 20-50 N
Toraue kNoD MAX. ... 3 Nm
Current carryind party ... Cu-Alloy
Caontact material......... Ag-Alloy
Mechanical life ... . 40 000 cycles
Clectrical Data
Voltage range ... ... ... oVDC fo 32VvDC
Nominal voltage ... 12vDC / 24VDC -
Dielecfric withstanding voltage ..................... 1050 VAC for 1 min. [
confact resistance ... max. 50 mOhm
Insulation resistance............................ > 100 MOhm at 500 VDC
Confinuous current ... 10mA to BA
Current Max. ... 101 A
SwitChiNg capacity min. ... 12 VDC, 10mA
Electrical Ufe o
at 10 A/ 28 VDU ohmic load ... ... ... ... 10 000 cycles
at 5 A/ 28 VDC ohmic load ...................... 40 000 cycles
at 2 A/ 28 VDC ohmic lecad ... ........... . 40 000 cycles
Short circuit profection ... .. Automofive fast-acting fuse 10A
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