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 TYP..200

.200

.300�#�.020

1.010 MAX

.525 MAX.

.040 .005

.062+.002-.001

1.718 MAX.

1.446

1.396

.485 MAX.

(2 PLACES)
.150

.500

1.025 MAX.

FCA-215-CX4

15 AMPS 28 VDC, 115 VAC 400 Hz RESISTIVE,

100,000 OPERATIONS

3000 30

200 6

-70 +125

TOLERANCES �#�.010" - UNLESS
OTHERWISE SPECIFIED

320 OHMS �#�10%

28 VDC

13.5 VDC MAX.

5.5 VDC MAX., 2.3 VDC MIN.

+
B1 B3B2

A2 A3

-X2

+X1
A1

OPERATE, RELEASE 10 MS MAX.

CONTACT BOUNCE 1 MS MAX.

CONTACT BREAK BOUNCE 0.1 MS MAX.

CATALOG ITEM

BLUE BEAD

.080 I.D. (8 HOOKS)

4-1617752-1

TRANSIENT SUPPRESSION - 42 VDC MAX.
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