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REV. C e 1.718 MAX —— TOLERANCES 4.010” - UNLESS
DCO 300853 OTHERW ISE SPECIFIED
COIL: @ 25°C . CUSTOMER DATA SHEET
RESISTANCE 70 OHMS +10% - 5 =
NOMINAL VOLTAGE 12 V0C \ 5 L9
6.9 VDL MAX. -
MUST OPERATE
B1 J> c{ B2 J>B3
ENV IRONMENT - A2 A3
' AT TERMINAL VIEW
VIBRATION 33wz 710 3000y, o 30 4
200 CONTACT RATING:
SHOCK g's 6 MS. DURATION 25 AMPS 28 VDC. 115 VAC 400 Hz RESISTIVE
TEMPERATURE 70 °c 1o 125 o¢ | _50.000 OPERATIONS
NOTES: _ OPERATE. RELEASE 15 MS MAX.
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