
Maximum
Inside

Minimum Maximum
Outside Wall 'W'

Thickness

Convolutions
± 1 Per Inch

(25 mm)
Designation

Maximum Weight

Lbs/100 ft Kg/100 m

0187 .187
(4.75)

.181
(4.60)

.320
(8.13)

.018
(.46) 8 1.2 (1.8)

0281
.281

(7.14)
.273

(6.93)
.414

(10.52)
.018

(.46)
8 1.5 (2.2)

0312
.312

(7.92)
.306

(7.77)
.450

(11.43)
.018

(.46)
8 1.8 (2.7)

0375
.375

(9.53)
.364

(9.25)
.510

(12.96)
.018

(.46) 8 2.0 (3.0)

0437
.437

( 11.1)
.427

(10.85)
.571

(14.50)
.018

(.46)
8 2.5 (3.7)

0500
.500

(12.70)
.485

(12.32)
.650

(16.51)
.023

(.58) 7 3.5 (5.2)

0625
.625

(15.88)
.608

(15.44)
.780

(19.81)
.023

(.58) 7 4.3 (6.4)

0750
.750

(19.05)
.730

(17.90)
.930

(23.62)
.023

(.58) 6 5.0 (7.4)

0875 .875
(22.23)

.860
(21.84)

1.073
(27.25)

.023
(.58) 5 6.5 (9.6)

1000
1.000

(25.40)
.975

(24.77)
1.226

(31.14)
.023
(.58) 5 7.6 (11.20)

1250 1.250
(31.75)

1.210
(30.74)

1.539
(35.30)

.023
(.58) 4 8.8 (13.0)

1500
1.500

(38.1)
1.437

(36.50)
1.832

(46.53)
.023

(.58) 4 11.4 (16.9)

1625
1.625

(41.28)
1.562

(39.67)
1.975

(50.17)
.023

(.58) 4 11.8 (17.7)

1750 1.750
(44.45)

1.688
(42.67)

2.082
(52.88)

.023
(.58) 4 12.8 (19.2)

2000 2.000
(50.80) 

1.937
(49.20) 

2.332
(59.23) 

.023
(.58) 4 14.2 (21.3)

Maximum
Inside

Diameter 'd'
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