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PRUPRIETES MECANIQULES

FLEXIONS SCL = o kNm
MDCL = 2.0 KNm

CHARGE DB RUPTURE MINIMALE EN
IRACTIUN DANS LA ZUNE DbE COUPLAGE: 60KN
TURSIUN =

Lo KNm
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pe CUNTUURNEMENT o
RlcLle o Sele 191 kV

D CUNTUURNEMENT o FREQUENCE
RlcLLe SUUS PLUIE: 163 kWY

b TeENUE o FRERQUENCE
RIcLLE o SEC 145 kv (B0 ming)

D TeENUE o FPREQUENCE
RlcLLe SUUS PLUIE: 141 kv (D Ming
AU CRUC Do rUUDRE 299 kV
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