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PHYSICAL PROPERTIES: MATERIALS:
— 1. MINIMUM CREEPAGE DISTANCE - 715 mm 1. CORE . ECR FIBERGLASS REINFORCED POLYMER [
2. NOMINAL DRY ARCING DISTANCE . 260 mm 2. HOUSING . SILICONE RUBBER
é 3. END FITTINGS . HOT DIP GCALVANIZED STEEL
CLECTRICAL PROPERTIES: 4. STANDARDS . |EC 62217 & IEC 61952
1. DRY AC WITHSTAND VOLTAGE © 100 kV
2. WET AC WITHSTAND VOLTAGE : 80 kV
3. DRY AC FLASHOVER VOLTAGE 110 kv
5| 4. WET AC FLASHOVER VOLTAGE .95 kv PRODUCT MARKINGS: .
5. LIGHTNING IMPULSE WITHSTAND VOLTAGE . 175 kV 1. Te LOGO §
6. LIGHTNING IMPULSE FLASHOVER VOLTAGE . 190 kV 2. 5CL T3kN ‘
3. YEAR & MONTH
MECHANICAL PROPERTIES: 4. BATCH NO #
1. SPECIFIED CANTILEVER LOAD (SCL) : 13 kN
2. SPECIFIED TENSILE LOAD (STL) : 25 kN TCPN
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