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2.465

[62.61]
.385

[9.78]

JS-12-00
2.500

[63.50]
.500

[12.70]

JS-04-00
3.437

[87.30]
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[19.43]

CONTACT
SIZE

MIN. INSUL.
O.D. [mm]

MAX. INSUL.
O.D. [mm]

WIRE RANGE

[mm
2
] REF ONLY

16
.100

[2.54]
.134

[3.40] 
14-20 AWG
[2.0-0.5]

12
.134

[3.40] 
.170
[4.32]

12-14 AWG
[3.0-2.0]

4
.280

[7.11]
.292
[7.42]

6 AWG
[13.0]3   MATERIAL - VMQ (RED-ORANGE)

  
2   FOR CONTACTS AND WIRE PERFORMANCE
    AND APPLICATION CHARACTERISTICS,
    SEE ENVELOPE DRAWING 0425-015-0000.
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