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Notes:
| REFER DATASHEET ANT-DS-L0O00322- XX
2. FREQUENCY RANGE: SEE TABLE
3. PATTERN:OMNI-DIRECTIONAL
o 4. POLARITZATION:VERTICAL
5. MAX. INPUT POWER:Z20 WQ%%SO ) )
o. OPERATING TEMPERATURE:-40°C to 85 C (-40 TO 185 F)
1000.00425.00 1. MATERITAL: OUTDOOR ASA+PC, BLACK
7 3-PORT - 2% 4G/56. 1x GNSS GNSS 1559-1606 Mhz RGI T4 I Om (373") SMA 7
FHT69386GN-100SMAM ANTENNA CELLULAR 698-960/1690-2690 RGI 74 Com (373%) SHA (D) L000322-02
/3300-3800Mhz ‘
FHDE9386NN- 1 00SMAM 2-PORT - 2y 4G/5G ANTENNA |CELLULLAR 698*9?0/\690*2690 RGI T4 | om (3°3") SMA @ 1000322-0]
/3300-3800Mhz
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HEAT SHRINK TUBE IDENTIFICATION

CELLULAR I'|CELLULAR 2 GNSS
L000322-01 YELLOW YELLOW -
L000322-02| YELLOW YELLOW WHITE
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P LTR DESCRIPTION

DATE

DWN APVD

- SEE SHEET |

TE P/N - ALTAS

FHD69386NN-O0SMAM (L000322-01)
FHT69386GN-T00SMAM (L000322-02)

DATE CODE

YWWD

DATE CODECYEAR/WEEK/DAY): 22031

Tt LABEL CODE

TE L000322-0XYYWWDOOO0O |
)

SERTAL NUMBER:000001-999999
DATE CODECYEAR/WEEK/DAY): 22031

TE P/N:L0O00322-0X

FHD69386NN-100SMAM
2-PORT - 2x 4G/5G
ANTENNA

DATE CODE
MADE IN CHINA
TE LABEL CODE

FHT69386GN-100SMAM
3-PORT - 2x 4G/5G,1x GNSS
ANTENNA

DATE CODE
MADE IN CHINA
TE LABEL CODE
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| //UDDIN L ] o
CHK 20SEP2077 —1 ’E TE Connectivity
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i TG 2/3-PORT - 46/56, GNSS
0 PLC +-
I PLC +0. 1 ) ANTENNA
6@9 i 2 PLC +0.01 -
3 PLC +0.001 APPLICATION SPEC
4 PLC +0.000| SIZE CAGE CODE |DRAWING NO RESTRICTED TO
MATER AL F’\\KNB\LSEH = ; AZ @ 1000327
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SEE TE SAP SYSTEM LABEL
10 PCS/layer*5=50 PCS/BOX
NOTE :
" BUBBLE PACK S1TE-200x150mm pallet 1200%1000%150
S W5 5 KeS, (1 00032-01) layout:3%2 (Pile H<1. 6m)
G.W 10,7 KGS; (L000322-01)
1 W 10.94 KGS; (L0003272-02)

N

G.W 11.94 KGS; (L000322-02)
KNTFE CARD STZE:30xL362x55mm
i

NIFE CARD STZE:ToxL4T72x55mm

5
0. DWN 21SEP202?
7l COVER SIZEGXL472X36me THIS DRAWING IS A CONTROLLED DOCUMENT. CHLZZUDD‘NZZSEPZOZZ -—TE . Connecﬁva
8. CARTON SIZE:L490xW380xH325mm e S I =

MARK PRINT COLOR:BLACK e T o3 PORT - 46/56 GNSS
9. LABEL:L25x15mm+L100xW100mm - 0PLC o+ ANTENNA ’

WHITE BOTTOM,BLACK WORD @GZEEE 1) : :
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