
6mm²  Copper Conductor, with Insulation

Length = 1000±20mm

LVA-440B

  IEC 61643-1

    Uc    440V  AC

Metal Oxide Surge Arrester

       Überspannungsableiter

Parafoudre                Pararrayo

   Class II / Imax 40kA

  In 10kA / Up 1,8kV

Earth TerminalLine Terminal

Metal-Oxide Surge Arrester Polymeric housing
IEC 61643-1 / Class II / I max = 40 kA
Nominal discharge current 10 kA
High current Impulse 4 / 10µs: 100 kA (test as per IEC 60099-4)
Energy absorption during line discharge impulses (2 shots): 4,1 kJ/kV Uc
Continuous operating voltage Uc: 440 V

For indoor and outdoor application
Rated frequency: 48 - 62 Hz
Ambient temperature: -40...+70°C
Max. altitude: 2000 m


