PRODUCT TEXT A TEXT B | TEXT C | TEXT D | TEXT E
DAI-15D DAI-15D | Uc 12kV {Ur 15kV| YEAR XXXX
DAI-18D DAI-18D {Uc I4.4kViUr 18kV| YEAR XXXX
DAI-21D DAI-21D {Uc 16.8kViUr 21kV| YEAR XXXX
DAI-22D DAI-22D {Uc IT7.6kViUr 22kV| YEAR XXXX
SEE DETAIL A SEE NOTE 247+5 SEE NOTE

SCD

231£5

D104+ |

CANT. STRENGTH = 350Nm
TENSION STRENGTH = 2kN
TORQUE = 50Nm

HIGH SHORT CIRCUIT = 21kA
LOW SHORT CIRCUIT 600A
CREEPAGE = 62 T1mm

DRY ARC DISTANCE = 252mm
STD STUD LENGTH 45£2. OTHER LENGTHS
AVATLABLE DEPENDING ON ACCESSORY SELECTION
ALL DIMS IN mm

IEC 994
TEXT D
Lot Ne
TEXTE

DETAIL A
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—— BAY 100-105
. SHANNON IND. EST.
- ]
Tyco Electronics Bowthome Supe Amester o ANNON
IRELAND
THIS DRAWING AND THE INFORMATION SET FORTH HEREIN ARE THE PROPERTY OF TYCO TITLE
LRGS0 M 00 L 11 TS M0 CO I OO, DRN ) MULLIGANIT/09/07
UPLICATIONDISCLOSURE OR USE FOR ANY OTHER PO HOT EAPRESSLY )
| KUTAORISED IN RITING B1 TYCO ELECTRONICS 1S PROWIBITE. CHECK |PAT Fitz6 lEC MV SURGE ARRESTER
TRTS JRATRG, THCTU0RG 1T NERSURENENTS WD OTRER TECRVICAL DETRTL, WOVE BEEW }
0 [09/07 | JM |ORIGINAL ISSUE PAEPARED BY'T1CO ELECTAONICS OK THE BKSIS OF THEN CURRENT RODICT OEVELOPMENT | AP [B McGOWAN DAT-xxD RANGE
v Tovte ovon Twanrrcarion = SlE e R LA L, m
VARANTY FOR MY ASPEC OF 11 80 WIL W1 BE LIALE OB 1TS USE P SEE ABOVE DRG"°| MV-DA1-00431-5 | SHEETY OF 1 | 0




