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DIM L
(mm)

DIM
S1

(mm)

DIM
S2

(mm)
A 6 405 162 160 105 93
B 11 697 234 229 105 93
C 13 817 266 258 105 93
D 15 945 304 298 105 93
E 15 1128 318 298 120 103

TE Logo

IEC 99-4

In 10 kA DH

Is 20 kA

SIZE PRODUCT
(TEXT V)

Ur
(TEXT W)

Uc
(TEXT X)

APPROX.
WEIGHT

(kg)

A

DOV-03A Ur 3.5 kV Uc 2.8 kV 0.96
DOV-04A Ur 4.5 kV Uc 3.6 kV 0.96
DOV-05A Ur 5 kV Uc 4 kV 0.99
DOV-06A Ur 6 kV Uc 4.8 kV 0.99
DOV-09A Ur 9 kV Uc 7.2 kV 1.03
DOV-10A Ur 10.5 kV Uc 8.4 kV 1.06
DOV-12A Ur 12 kV Uc 9.6 kV 1.08
DOV-13A Ur 13.5 kV Uc 10.8 kV 1.10
DOV-15A Ur 15 kV Uc 12 kV 1.13

B

DOV-10B Ur 10.5 kV Uc 8.4 kV 1.46
DOV-12B Ur 12 kV Uc 9.6 kV 1.48
DOV-13B Ur 13.5 kV Uc 10.8 kV 1.50
DOV-15B Ur 15 kV Uc 12 kV 1.53
DOV-16B Ur 16.5 kV Uc 13.2 kV 1.55
DOV-18B Ur 18 kV Uc 14.4 kV 1.57
DOV-19B Ur 19.5 kV Uc 15.6 kV 1.60
DOV-21B Ur 21 kV Uc 16.8 kV 1.62
DOV-22B Ur 22.5 kV Uc 18 kV 1.64
DOV-24B Ur 24 kV Uc 19.2 kV 1.66
DOV-25B Ur 25.5 kV Uc 20.4 kV 1.68

C

DOV-12C Ur 12 kV Uc 9.6 kV 1.66
DOV-15C Ur 15 kV Uc 12 kV 1.70
DOV-18C Ur 18 kV Uc 14.4 kV 1.74
DOV-21C Ur 21 kV Uc 16.8 kV 1.80
DOV-22C Ur 22.5 kV Uc 18 kV 1.82
DOV-24C Ur 24 kV Uc 19.2 kV 1.84
DOV-25C Ur 25.5 kV Uc 20.4 kV 1.85
DOV-27C Ur 27 kV Uc 21.6 kV 1.86
DOV-28C Ur 28.5 kV Uc 22.8 kV 1.87
DOV-30C Ur 30 kV Uc 24 kV 1.89

SIZE PRODUCT
(TEXT V)

Ur
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APPROX.
WEIGHT

(kg)

D

DOV-22D Ur 22.5 kV Uc 18 kV 2.04
DOV-24D Ur 24 kV Uc 19.2 kV 2.06
DOV-25D Ur 25.5 kV Uc 20.4 kV 2.08
DOV-27D Ur 27 kV Uc 21.6 kV 2.10
DOV-28D Ur 28.5 kV Uc 22.8 kV 2.13
DOV-30D Ur 30 kV Uc 24 kV 2.15
DOV-31D Ur 31.5 kV Uc 25.2 kV 2.16
DOV-33D Ur 33 kV Uc 26.4 kV 2.18
DOV-34D Ur 34 kV Uc 27.2 kV 2.19
DOV-36D Ur 36 kV Uc 28.8 kV 2.21

E

DOV-25E Ur 25.5 kV Uc 20.4 kV 2.28
DOV-30E Ur 30 kV Uc 24 kV 2.35
DOV-31E Ur 31.5 kV Uc 25.2 kV 2.37
DOV-33E Ur 33 kV Uc 26.4 kV 2.39
DOV-34E Ur 34 kV Uc 27.2 kV 2.40
DOV-36E Ur 36 kV Uc 28.8 kV 2.44

ALL DIMENSIONS NOMINAL
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NOTES:
 
1- REFER TO TECHNICAL DATASHEETS 
   FOR ALL OTHER PRODUCT DETAILS
2- ALUMINIUM END FITTINGS
3- GREY SILICONE HOUSING
4- HOUSING PRINT:
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