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Dim A
M12 STAINLESS STEEL
TERMINATION ASSY Allowable Insulation Gap 5 Max
Insulation removed by customer
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028315-000 | SPA-06—I-M—12 | 396 2.5 262 6 7.5 213 = ~ ~
570201—-000 | SPA—06—I-N—12 | 645 2.5 511 6 7.5 213 o) DETAIL A
CJ7884—000 | SPA—07—I-M—16 | 403 2.5 262 7 8.75 217 SCALE 3:1
D96841—-000 | SPA—07—I-N—12 | 652 2.5 511 7 8.75 213
EF4732-000 | SPA—08—I-M—12 | 410 2.5 262 8 10 213
D57597—000 | SPA—09—I-M—12 | 425 2.5 262 9 11.25 213
611253—000 | SPA—09—I-M—16 | 425 2.5 262 9 11.25 217
691910—000 | SPA—09—I-N—12 | 674 2.5 511 9 11.25 813
CF7215—000 | SPA—09—I-N—16 | 674 2.5 511 9 11.25 217
560801-000 | SPA—09—1-0—12 | 924 2.5 761 9 11.25 813 PRODUCT PRINTING
978675—000 | SPA—09—I-0—16 | 924 2.5 761 9 11.25 217
708873—000 | SPA—12—I-M—12 | 457 262 12 15 213 Raychem PolyGarde 10kA Is-c:- Class 1 IEC 99-4
457359—-000 | SPA—12—I-N—12 | 706 3 511 12 15 #13 SPA-xx UcxxkV UrxxkV YEAR Lot#
049501—000 | SPA—12—I-N—16 | 706 3 511 12 15 217
622261000 | SPA-15—1-0—12 | 1057 3 761 15 18.75 213
147635—000 | SPA—18—I-M—12 | 588 4 262 18 22.5 213
114559—000 | SPA—18—I1-N—12 | 837 4 511 18 225 513 REFER TO TECHNICAL DATASHEETS FOR ALL OTHER PRODUCT DETAILS
295415—-000 | SPA—24—I-M—12 | 651 45 262 24 30 213
524431-000 | SPA—24—I-M—16 | 651 45 262 24 30 817
961717—000 | SPA—24—I-N—12 | 900 4.5 511 24 30 213 - e
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345565—000 | SPA—24—1-0—12 | 1150 4.5 761 24 30 213 S ULLIGAN = -_ TE TE Connectivity
DIMENSIONS: TJOLERANCES UNLESS R_ULBRYCH
232477—-000 | SPA-24—1-0—-16 | 1150 4.5 761 24 30 217 OTHERWISE SPECIFIED:  [APYD — [ NavE
mm bme s L EitZGERALD MV SURGE ARRESTER
904608—000 | SPA-30—I-N—12 | 1026 6 511 30 37.5 813 1PC % o SEE TABLE SPA—xx—I-X—yy RANGE
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268913—-000 | SPA-36—I—-0—12 | 1342 6 761 36 45 213 ZNEgLES ;g;gigg,; a o T o oo TS T
E43619—000 | SPA—40—I-N—12 | 1102 6 511 40 50 213 fR:LmNGs i FINISH WEVGHT _ A2 C=MV—SPA—00914—C —
E29955—-000 | SPA—40—1-0—12 | 1352 6 761 40 50 213 ' CUSTOMER DRAWING [ 1.1 ™ 109 [®p
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