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PART No. DESCRIPTION CODUCTOR MAT'LWIDTH "A"POSITIONSROD/BAR MAT'L LOGO

ED0483-000 ELB-35-600-J2-AL ALUMINUM 9.00 2 ALUMINUM 600 AMP

ED0484-000 ELB-35-600-J3-AL ALUMINUM 15.00 3 ALUMINUM 600 AMP

ED0485-000 ELB-35-600-J4-AL ALUMINUM 21.00 4 ALUMINUM 600 AMP

ED0486-000 ELB-35-900-J2-CU COPPER 9.00 2 COPPER 900 AMP

ED0487-000 ELB-35-900-J3-CU COPPER 15.00 3 COPPER 900 AMP

ED0488-000 ELB-35-900-J4-CU COPPER 21.00 4 COPPER 900 AMP

200kV BIL JUNCTIONS

PART NUMBER DESCRIPTION

EN3306-000 ELB-35-600-J2-AL-200

EN3434-000 ELB-35-600-J3-AL-200

EN3311-000 ELB-35-600-J4-AL-200

EP6570-000 ELB-35-900-J2-CU-200

ER3670-000 ELB-35-900-J3-CU-200

ER3671-000 ELB-35-900-J4-CU-200

NOTES: UNLESS OTHERWISE SPECIFIED
 
1. SHIP WITH SHIPPING CAPS INSTALLED.
 
   STAMP OR LASER MARKING FOR
   INDICATED 200 kV BIL JUNCTION
   SHOULD READ AS 200 BIL:

SECTION  A-A
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