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Specification:       Formed from semirigid, encapsulant-lined polyolefin tubing per TEC-108-120027

Table  1: Dimensions mm (inches)

Color:
      Black

Size A

B

 Minimum

C

 Minimum

D

 Maximum

W

Nominal

1/8

25.40 (1.000) ± 3.00 (0.125) 13.97 (0.550) 3.18 (0.125) 0.58 (0.023) 1.22 (0.048)

3/16

30.15 (1.187) ± 3.81 (0.150) 16.51 (0.650) 4.75 (0.187) 1.52 (0.060) 1.57 (0.062)

1/4

25.00 (0.984) ± 3.00 (0.125) 16.51 (0.650) 6.35 (0.250) 2.03 (0.080) 1.98 (0.078)

1/4

28.58 (1.125) ± 3.00 (0.125) 16.51 (0.650) 6.35 (0.250) 2.03 (0.080) 1.98 (0.078)

1/4

35.00 (1.378) ± 3.81 (0.150) 16.51 (0.650) 6.35 (0.250) 2.03 (0.080) 1.98 (0.078)

3/8

31.12 (1.225) ± 3.81 (0.150)  19.69 (0.775) 9.53 (0.375) 2.28 (0.090) 2.08 (0.082)

1/2

32.26 (1.270) ± 3.30 (0.130)  21.59 (0.850) 12.70 (0.500) 2.28 (0.090) 2.54 (0.100)

1/2

50.00 (1.968) ± 3.81 (0.150)  21.59 (0.850) 12.70 (0.500) 2.28 (0.090) 2.54 (0.100)


