CATALOG #RJ11-6N3-B

PL BOARD LAYOUT

SAFETY ORGANIZATIONS " JQTE =
THIS JACK HAS BFEN FORMALLY RECOGNIZED, CERTIFIED OR APPROVED BY
THE LISTED AGENCY. THEREFORE, ALL TEST/REQHIREMENTS SPECIFIED IN
TRE LATEST REVISION {IF THE FOLLOWING AGENCY STANDARDS RAVE BEEN MET,
ti RECOGNIZED 11, 1853
CSA CERTIFIED CSA 022.2 No. 187.4
SPECTFICATIONS
CINTACTS SHIELD MATERTAL
MATERIAL : PHESPHOR BRONZE SOLOER-PLATEDG COPPER ALLDY
PLATING: 50 MICROINCHES GOLD
BARRIER UNOERPLATING: 100 MICROINCHES NICKEL HOLISING MATERTAL
RESISTANCE: - _
INITIAL : 20 MILLIDHMS. MAXIMUM OLASS-FILLED POLYESTER (U_O4v-0)
AFTER DURABILITY TESTING DIELECTRIC WITHSTANDING VOLTAGE
(500 MATING CXULES»: 30 MILLIDHS MAXIHUN LINE-TE-LINE AND LINE-TO-GROLND 1000 VAC FOR 50 SECONDS
{T:EP[?EQ'ITES HIGH RESISTIVITY, NICKEL ZINC CERAMIC ERINTED CIRCLIT BOARD RETENTION
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THIRD ANGLE

PROJECTION @ C]

UNLESS OTHERWISE SPECIFIED,
TOLERANCE TO BE £.010
MATERTAL & FINISH: AS SUPPLIED
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FILTERED MODULAR JACK

This docunent is proprietary to CORCOM INC
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and is not to be reproduced nor used for  [CAET ygq [ %—I*HJB CATALEG AD- FEY.
nanufactur ing purposes except on CORCON'S  [apggve i RI11-6N3-E i 00
orior written consent. 50 HAC




