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PART AS SUPPLIED
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PRODUCT DIMENSTONS

AS SUPPLIED AS RECOVERED
MINIMUM MAX TMUM WALL THICKNESS AFTER PRODUCT INFORMATION
SIZE EXPA%%§P 1D RECOVESED [.D REchfRY CELAME RETARDANT
o T . T . - 2. MATERIAL: IRRADIATED MODIFIED POLYOLEFIN
STANDARD COLOURS: BLACK WHITE RED,BLUE,YELLOW, CLEAR
Lo/0.5 l.o0 0059 0.0 0.020 | 0.40£0.70 | 0.01840. 004 NON-STANDARD COLOURS: BROWN,ORANGE,GREEN, VIOLET,GREY
3/ 3.00 0.118 1.00 0.039 0.5540.10 0.02240.004
4.5/1.5 4,50 0.177 1.50 0.059 0.55+0.10 0.02240.004 3. SHRINK RATIO 3:1
6/? 65.00 0.236 2.00 0.079 0.65+0.10 0.026=+0.004 4 LONGITUDINAL CHANGE 0 TO -10%
9/3 9.00 0.354 3.00 0.118 0.7540.12 0.030+£0.005
12/4 12 00 0 477 4 00 0 157 0 7540 17 0 0300 005 5. TUBING CUT TO SPECIFIC LENGTHS CAN BE SUPPLIED
I 500 709 - LR TSy 5 0330 00° FROM THE PRODUCT SIZES REFERENCED WITHIN THIS DRAWING
24/8 2400 0.945 8.00 0.315 1.004£0.18 0.03940.007
39/13 39.00 1.535 13.00 0.512 1. 1540.20 0.045+0.008
STANDARD CUTTING TOLERANCES (mm) THIS DRAWING IS A CONTROLLED DOCUMENT. |OWN 08NOVZ2023
CUT LENGTH TOLERANCE ~GAGANA DOK8N<)V2023 _—TE TE Connectivity
UPTO TO 9.90mm +1.50mm DIMENSIONS: THOELREWR‘ASNECESSPEUCN‘LFE‘SES. AP%?SAVARAJOAgNDO\ﬁ2023 AVE
10mm TO 24.90mm +1.50mm mm © | VLADLMIR NEMEC RNF-3000-1RRADIATED MODIFIED
250m 1O 54 90mm 1 50mm 0 < POLYOLEFIN SINGLE WALL HEAT SHRINK
2 pLC o RW-2053 TUBING
95mm TO 99.90mm +3.00mm JE]L3 PLC 10 00] APPLICATION SPEC
woomm TO 149 . 90mm j:ﬂr Oomm 4 GPLECS i0,00i(El 1 WA’ 1 20022 SIZE CAGE CODE | DRAWING NO RESTRICTED TO
150mm TO 499.90mm | £5.00mm | ke wote | - ~ A Sl - |G=RNE-3000 STARDARD.SIZES :
500mm AND GREATER | +£25.40mm - - CUSTOMER DRAWING TSI % AR
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