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T1002241101-000 H24BK-KDBP
H24BK HOUSING PLASTIC PROTECTION COVER, CENTER LOCKING, 
IP65, MINUS SCREW, SEALING, NYLON ROPE, WHITE
H24BK           ,IP65,     ,   ,    ,  

TYPE 1
  1

T1002241100-000 H24BK-KDBP-NA
H24BK HOUSING PLASTIC PROTECTION COVER, CENTER LOCKING, 
IP65, MINUS SCREW, SEALING, WITHOUT NYLON ROPE, WHITE
H24BK           ,IP65,     ,   ,     ,  

TYPE 2
  2

T1002241102-000  H24BK-KDBP-SS
H24BK HOUSING PLASTIC PROTECTION COVER, CENTER LOCKING, 
IP65, MINUS SCREW, SEALING, STAINLESS STEEL ROPE, WHITE
H24BK           ,IP65,     ,   ,      

TYPE 3
  3

PART NUMBER
  

 PART DESCRIPTION
  

 TYPE 
  

 TYPE 2
   2

NOTES: 
1. TECHNICAL CHARACTERISTICS:
   PROTECTION COVER MATERIAL: ABS
   DEGREE OF PROTECTION: IP65 (MATED)
 
  :
1.     :
        : ABS
       : IP65(  )
 

TYPE 3
  3

LOOP SIZE DEFAULT VALUE DIA. �n�18, 
UNLESS HAVE SPECIAL REQUIREMENT.  
          �n�18,       .

TRANSPARENT STAINLESS STEEL ROPE:
TOTAL LENGTH 480mm, DIA. �n�0.8mm
     :  480mm,  �n�0.8mm

2XM6 SCREW, RECOMMENDED TIGHTENING TORQUE 4.0Nm
2XM6   ,      4.0Nm

TRANSPARENT NYLON ROPE:
TOTAL LENGTH 250mm, DIA. �n�1.0mm
     :  250mm,  �n�1.0mm

LOOP SIZE DEFAULT VALUE DIA. �n�18, 
UNLESS HAVE SPECIAL REQUIREMENT.  
          �n�18,       .

SCALE  1:2

TYPE 1
  1

SCALE  1:2

TYPE 2: THIS TYPE IS SAME AS TYPE 1, 
        ONLY NO NYLON ROPE.
  2:      1,       

SCALE  1:2
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