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B1 ECR-18-017123 21JAN2019 KW CW

B2 ECR-19-005083 29MAR2019 RG CW

C ECR-20-008190 07AUG2020 WQR CW

C1 ECR-21-105138 29JUN2021 WQR CW
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4X M3 THREAD
4X M3    

PG/M THREAD-2
PG/M    -2

PG/M THREAD-1
PG/M    -1

( )56.4

T1240160225-001
H16B-TGH-2PG25

(FOR OD29.5MM THREAD)

H16B HOOD,TOP ENTRY 2PG25(FOR OD29.5MM THREAD),4 EAR
HIGH CONSTRUCTION,POWDER COATED,GREY
H16B  ,  2PG25(      29.50mm),4 ,   ,      

PG25 PG25

HIGH
CONSTRUCTION

     

T1240160216-000 H16B-TGH-2PG16
H16B HOOD,TOP ENTRY 2PG16,4 EAR
HIGH CONSTRUCTION,POWDER COATED,GREY
H16B  ,  2PG16,4 ,   ,       

PG16 PG16

T1240160216-001 H16B-TGH-2M16
H16B HOOD,TOP ENTRY 2M16,4 EAR
HIGH CONSTRUCTION,POWDER COATED,GREY
H16B  ,  2M16,4 ,   ,       

M16 M16

T1240160221-000 H16B-TGH-2PG21
H16B HOOD,TOP ENTRY 2PG21,4 EAR
HIGH CONSTRUCTION,POWDER COATED,GREY
H16B  ,  2PG21,4 ,   ,       

PG21 PG21

T1240160225-000 H16B-TGH-2M25
H16B HOOD,TOP ENTRY 2M25,4 EAR
HIGH CONSTRUCTION,POWDER COATED,GREY
H16B  ,  2M25,4 ,   ,       

M25 M25

T1240161625-000 H16B-TGH-M16/M25
H16B HOOD,TOP ENTRY M16/M25,4 EAR
HIGH CONSTRUCTION,POWDER COATED,GREY
H16B  ,  M16/M25,4 ,   ,       

M16 M25

T1240163225-000 H16B-TGH-M32/M25
H16B HOOD,TOP ENTRY M32/M25,4 EAR
HIGH CONSTRUCTION,POWDER COATED,GREY
H16B  ,  M32/M25,4 ,   ,       

M32 M25

T1240162520-000 H16B-TGH-M25/M20
H16B HOOD,TOP ENTRY M25/M20,4 EAR
HIGH CONSTRUCTION,POWDER COATED,GREY
H16B  ,  M25/M20,4 ,   ,       

M25 M20

PART NUMBER
   

PART DESCRIPTION
   

PG/M THREAD-1
PG/M    -1

PG/M THREAD-2
PG/M    -2

TYPE
   

NOTES:
 
1. TECHNICAL CHARACTERISTICS:
   HOOD MATERIAL: DIE CAST ALUMINIUM ALLOY
   SURFACE: POWDER COATED, GREY
   DEGREE OF PROTECTION: IP65 (MATED)
 
 . PG25 IS NOT STANDARD THREAD SPEC, HERE RESTRICTED TO MATE WITH 
   OUT DIAMETER 29.5mm AND THREAD PITCH 1.588mm GLAND.
 
  :
1.     :
       :    
       :       
       : IP65(  )
 . PG25       ,           29.5mm,  1.588mm,    .
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