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8X M3 THREAD
8X M3   

T10X0480000-000 H48B-TG/S-RO-XX H48B HOOD, NO ENTRY, 2 EAR, POWDER COATED, GREY
H48B  ,   ,2 ,      

- - - TYPE 1

T1310480125-000 H48B-TS-RO-M25 H48B HOOD, SIDE ENTRY M25, 2 EAR, POWDER COATED, GREY
H48B  ,  M25,2 ,      

M25 - -

TYPE 2

T1310480129-000 H48B-TS-RO-PG29 H48B HOOD, SIDE ENTRY PG29, 2 EAR, POWDER COATED, GREY
H48B  ,  PG29,2 ,      

PG29 - -

T1310480132-000 H48B-TS-RO-M32 H48B HOOD, SIDE ENTRY M32, 2 EAR, POWDER COATED, GREY
H48B  ,  M32,2 ,      

M32 - -

T1310480136-000 H48B-TS-RO-PG36 H48B HOOD, SIDE ENTRY PG36, 2 EAR, POWDER COATED, GREY
H48B  ,  PG36,2 ,      

PG36 - -

T1310480140-000 H48B-TS-RO-M40 H48B HOOD, SIDE ENTRY M40, 2 EAR, POWDER COATED, GREY
H48B  ,  M40,2 ,      

M40 - -

T1310480142-000 H48B-TS-RO-PG42 H48B HOOD, SIDE ENTRY PG42, 2 EAR, POWDER COATED, GREY
H48B  ,  PG42,2 ,      

PG42 - -

T1310480148-000 H48B-TS-RO-PG48 H48B HOOD, SIDE ENTRY PG48, 2 EAR, POWDER COATED, GREY
H48B  ,  PG48,2 ,      

PG48 - -

T1310480150-000 H48B-TS-RO-M50 H48B HOOD, SIDE ENTRY M50, 2 EAR, POWDER COATED, GREY
H48B  ,  M50,2 ,      

M50 - -

T1320480129-000 H48B-TG-RO-PG29 H48B HOOD, TOP ENTRY PG29, 2 EAR, POWDER COATED, GREY
H48B  ,  PG29,2 ,      

- PG29 -

TYPE 3

T1320480132-000 H48B-TG-RO-M32 H48B HOOD, TOP ENTRY M32, 2 EAR, POWDER COATED, GREY
H48B  ,  M32,2 ,      

- M32 -

T1320480136-000 H48B-TG-RO-PG36 H48B HOOD, TOP ENTRY PG36, 2 EAR, POWDER COATED, GREY
H48B  ,  PG36,2 ,      

- PG36 -

T1320480140-000 H48B-TG-RO-M40 H48B HOOD, TOP ENTRY M40, 2 EAR, POWDER COATED, GREY
H48B  ,  M40,2 ,      

- M40 -

T1320480142-000 H48B-TG-RO-PG42 H48B HOOD, TOP ENTRY PG42, 2 EAR, POWDER COATED, GREY
H48B  ,  PG42,2 ,      

- PG42 -

T1320480150-000 H48B-TG-RO-M50 H48B HOOD, TOP ENTRY M50, 2 EAR, POWDER COATED, GREY
H48B  ,  M50,2 ,      

- M50 -

T1320480163-000 H48B-TG-RO-M63 H48B HOOD, TOP ENTRY M63, 2 EAR, POWDER COATED, GREY
H48B  ,  M63,2 ,      

- M63 -

T1320484040-000 H48B-TG/TS-RO-M40/M40 H48B HOOD, TOP/SIDE ENTRY M40, 2 EAR, POWDER COATED, GREY
H48B  , /  M40,2 ,      

M40 M40 -
TYPE 4

T1320485040-000 H48B-TG/TS-RO-M50/M40 H48B HOOD, TOP ENTRY M50, SIDE ENTRY M40, 2 EAR, POWDER COATED, GREY
H48B  ,  M50,  M40,2 ,      

M40 M50 -

T1320480225-000 H48B-TG-RO-2M25 H48B HOOD, TOP ENTRY 2M25, 2 EAR, POWDER COATED, GREY
H48B  ,  2M25,2 ,      

- 2X M25 - TYPE 5

T1320482520-000 H48B-TG-3M25M20 H48B HOOD, TOP ENTRY 3M25, 1M20, 2 EAR, POWDER COATED, GREY
H48B  ,  3M25,1M20,2 ,      

- 3X M25 M20 TYPE 6

T1310480229-000 H48B-TS-RO-2PG29 H48B HOOD, SIDE ENTRY 2PG29,2 EAR, POWDER COATED, GREY
H48B  ,  2PG29,2 ,      

PG29 PG29 - TYPE 7

PART NUMBER
   

PART DESCRIPTION
   

PG/M
THREAD-1
   -1

PG/M
THREAD-2
   -2

PG/M
THREAD-3
   -3

TYPE
  

NOTES:
1. TECHNICAL CHARACTERISTICS:
   BODY MATERIAL: DIE CAST ALUMINIUM ALLOY 
   SURFACE TREATMENT: POWDER-COATED, GREY
   DEGREE OF PROTECTION: IP65 (MATED)
 
  :
1.     :
       :    
       :       
       : IP65(  )

TYPE 7: H48B HOOD,SIDE ENTRY( 2 HOLE),2 EAR 
        OTHER SPEC REFER TO TYPE 1
 
      7:H48B  ,  (2 ),2 
                1

TYPE 1: H48B HOOD, NO ENTRY,2 EAR
 

  1: H48B  ,    , 2 

TYPE 2: H48B HOOD, SIDE ENTRY,2 EAR
OTHER SPEC REFER TO TYPE 1

 
  2: H48B  ,   , 2 

        1

PG/M
THREAD-1
   -1

TYPE 3: H48B HOOD, TOP ENTRY,2 EAR
OTHER SPEC REFER TO TYPE 1

 
  3: H48B  ,   , 2 

        1

PG/M
THREAD-2

   -2

TYPE 5: H48B HOOD, TOP ENTRY (2 HOLE),2 EAR
OTHER SPEC REFER TO TYPE 1

 
  5: H48B  ,   (2 ), 2 

        1

2X PG/M
THREAD-2

   -2

TYPE 6: H48B HOOD, TOP ENTRY (4 HOLE),2 EAR
OTHER SPEC REFER TO TYPE 1

 
  6: H48B  ,   (4 ), 2 

        1

3X PG/M
THREAD-2

   -2
PG/M
THREAD-3
   -3

TYPE 4: H48B HOOD, SIDE/TOP ENTRY,2 EAR
OTHER SPEC REFER TO TYPE 1&TYPE 2

 
  4: H48B  ,    , 2 

        1   2

PG/M
THREAD-1
   -1

PG/M
THREAD-2

   -2

PG/M
THREAD-1
   -1

PG/M
THREAD-2

   -2
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